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DYES USED RS INDICATORS
RND STRNDRRDS

For environmental testing and analytical

Cat. No. Name CAS Application

429589 Acetone-2,4-dinitrophenylhydrazone environmental standard, 99% 1567-89-1 Analytical, Environmental, Standard

429554 Acetaldehyde-2,4-dinitrophenylhydrazone analytical standard, for 1019-57-4 Analytical, Environmental, Standard
environmental analysis

05500 Alcian Blue 8GX for microscopy (Bact., Bot., Hist.) 33864-99-2 Analytical

11640 Azophloxine for microscopy (Hist.) 3734-67-6 Analytical, Standard

429600 ggg}za|dehyde-2,4-dinitrophenylhydrazone environmental standard, 1157-84-2 Analytical, Environmental, Standard

0
429600 ggg}zaIdehyde-2,4-dinitrophenylhydrazone environmental standard, 1157-84-2 Analytical, Environmental, Standard
0

15000 Bismarck Brown R for microscopy (Bact., Hist.) 5421-66-9 Analytical

114375 Bromocresol Purple BioReagent, suitable for indicator, 115-40-2 Analytical, BioReagent, Indicator
Dye content 90 %

860891 Bromocresol Purple sodium salt indicator grade, Dye content 90 % 62625-30-3 Analytical, Indicator

205478 Bromoxylenol Blue indicator grade, Dye content 95 % 40070-59-5 Analytical, Indicator

C204 Calmagite indicator grade 3147-14-6 Analytical, Indicator

199524 Chlorophenol Red indicator grade 4430-20-0 Analytical, Indicator

27240 Chrysoidine G for microscopy (Bact., Bot., Vit.) 532-82-1 Analytical

C6767 Congo Red Dye content 235 % 573-58-0 Analytical, Indicator

C85778 o-Cresolphthalein indicator grade 596-27-0 Analytical, Indicator

857890 m-Cresol Purple indicator grade, Dye content 90 % 2303-01-7 Analytical, Indicator

114472 Cresol red indicator grade, Dye content 95 % 1733-12-6 Analytical, Indicator

114480 Cresol Red sodium salt indicator grade 62625-29-0 Analytical, Indicator

429651 Crotonaldehyde-2,4-dinitrophenylhydrazone analytical standard, 1527-96-4 Analytical, Environmental, Standard
for environmental analysis

C6158 Crystal Violet ACS reagent, 290.0% anhydrous basis - Indicator

410217 2’,7'-Dichlorofluorescein ACS reagent 76-54-0 ACS reagent, Analytical, Indicator

858390 Eriochrome® Black T ACS reagent (indicator grade) 1787-61-7 ACS reagent, Indicator

199567 Ethyl Orange sodium salt indicator grade, Dye content 90 % 62758-12-7 Analytical, Indicator

44670 Fast Blue BB Salt hemi(zinc chloride) salt for microscopy (Hist.) 5486-84-0 Analytical

429627 Formaldehyde-2,4-dinitrophenylhydrazone analytical standard, 1081-15-8 Analytical, Environmental, Standard

for environmental analysis
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Cat. No. Name CAS Application

48770 Gentian violet for microscopy (Bact., Hist.) - Analytical
48900 Giemsa Stain, Modified Solution (for the staining (of cellular blood 51811-82-6 Analytical
components and blood parasites)
431125 Glutaraldehyde bis(2,4-dinitrophenylhydrazone) analytical standard, 5085-07-4 Analytical, Environmental, Standard
for environmental analysis
51230 Hematein for microscopy (Hist.) 475-25-2 Analytical
62470 Lithium carbonate puriss. p.a., ACS reagent, reagent 554-13-2 Analytical, Reagent
(for microscopy), 299.0% (T)
62650 Lugol solution for microscopy (Bact., Bot.) — Analytical
67060 Methyl Green zinc chloride salt, for microscopy (Bact., Bot., Hist.) 7114-03-6 Analytical
69870 Morin hydrate for microscopy (Fl.), for the determination of Al, Be, 654055-01-3 Analytical
Zn, Ga, In, Sc, 1-2 mol/mol water
70480 a-Naphtholbenzein indicator (pH 8.2-10.0) 145-50-6 Analytical
291099 a-Naphtholbenzein indicator grade 145-50-6 Analytical, Indicator
70550 Naphthol Green B for microscopy , for complexometry 19381-50-1 Analytical, Complexometry
70540 Naphthol Yellow S for microscopy (Hist.), for the precipitation (of 846-70-8 Analytical
amino acids and peptides)
72470 Nigrosin water soluble for microscopy (Bact., Hist.) 8005-03-6 Analytical
200182 Nitrazine Yellow indicator grade, Dye content 85 % 5423-07-4 Analytical, Indicator
60700 Nuclear Fast Red for microscopy (Bot., Hist.) 6409-77-4 Analytical
16019 Phenolphthalein puriss., meets analytical specification of Ph Eur., BP,  77-09-8 Analytical
98-101% (calc. to the dried substance)
81460 Ponceau S for microscopy (Hist.) 6226-79-5 Analytical
429546 Propionaldehyde-2,4-dinitrophenylhydrazone analytical standard, 725-00-8 Analytical, Environmental, Standard
for environmental analysis
03899 Prussian blue soluble for microscopy 12240-15-2 Analytical, Microscopy, Standard
82960 1-(2-Pyridylazo)-2-naphthol for spectrophotometric det. of 85-85-8 Analytical
metal ions, 297.0%
101036 1-(2-Pyridylazo)-2-naphthol indicator grade 85-85-8 Analytical, Indicator
83200 Pyronin Y for microscopy (Bot., Fl., Hist.) 92-32-0 Analytical
22680 Quinoline Yellow for microscopy (Hist.), mixture of mono- and 8004-92-0 Analytical
disulfonic acid sodium salt
84071 Ruthenium Red for microscopy, 285% (calc. on dry substance, AT) 11103-72-3 Analytical
46290 Sudan Red 7B for microscopy (Bot., Hist.) 6368-72-5 Analytical
114774 3’,3"",5',5""-Tetrabromophenolphthalein ethyl ester potassium 62637-91-6 Analytical, Indicator
salt indicator grade
429570 Valeraldehyde-2,4-dinitrophenylhydrazone environmental 2057-84-3 Analytical, Environmental, Standard
standard, 99%
45253 Wright Stain solution for microscopy - Analytical
205486 Xylenol Blue indicator grade, Dye content 90 % 125-31-5 Analytical, Indicator
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